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CATALOG NUMBER: 2510 MBW 
RAllNGS: 10 HP DUAl DIMENSIONS· INCHES 

UL FILE/CCN: E4847 CCN NLRV 
• MIWMETERS 

CSA FILE/CLASS LR60905 CLASS 3211 D5 
WEIGHT: 6 l.BS 
WIRE SIZE: U,MOI f14 - f6 NEMA INTEGRAL HORSEPOWER 

~ 
5I:LIARE D 

TERMINAL TORQUE: 20 LBS IN MANUAL STARTERS Schneider Electric 
WIRE SIZE: MIP #14 - 1/6 2510 UBW NEMA 4X 

t--TERUINAL TORQUE: 4 LBS IN 
~~ 25100042 

SEPTEMBER 2004 251 OJ.tBW_NEMA 4X 


