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FINISH - GRAY BAKED ENAMEL ELECTRODEPOSITED OVER CLEANED PHOSPATIZED STEEL. 
UL LISTED - FILE E-6294 
NEUTRALS - INSULATED NOT GROUNDABLE. 
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MAIN WIRE SIZE 
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#12-10 AL, #14-10 CU 
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