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Installation Instructions
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e This product must only be installed by
appropriately qualified and/or licensed electrical
personnel.

o |solate the electrical supply before doing any
work on this product.

e Ensure that the product has been correctly
installed and tested for safe operation before
reconnecting the electrical supply.

Failure to follow these instructions will result
in death or serious injury.

1. Installing and Connecting the

Fan

All Airflow Performance Range Sweep Fans are pre-
wired to allow a light to be fitted to the fan.

If you are not fitting a light to the fan, please disregard
the light wires. The wires are connected to the
incoming wiring as illustrated in the below diagram.

Means for all pole disconnection must be incorporated
in the fixed wiring in accordance with the wiring rules.

1. Install the receiver to the bracket as shown.

2. Connect the wires according to the remote-
control wiring diagram below.
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3. Manoeuvre the canopy into place over the
mounting bracket. Slide up top cowling but
allow 5-10mm clearance. Secure with locking
SCrews.

2. Connecting the Remote Control
(Transmitter) to the Fan (Receiver)

There are four possible pairing scenarios. Read the
applicable pairing scenario for your application before
restoring power to the fan, as you will only have a 30
second period to begin the learn process once power
has been restored to the fan.

To set up the remote prior to connection, open the
battery cover and install the 2x DC1.5V AAA batteries.

LEARN ! ©

AAA DC 15V,
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Scenario 1: Pair one remote to one fan:

1. Restore power to the fan and use a ball point
pen to press and hold the LEARN button on the
remote for one to three seconds. Three tic-tac
sounds will be heard from the fan, indicating that
the learning process is finished.

Scenario 2: Pair multiple fans each to its own
remote:

1. Ensure that the power is off, and that none of the
fans are wired to the circuit.

2. Wire Fan 1 to the circuit, then re-energise the
circuit.

3. Within 30 seconds of re-energising the fan, use
a ball point pen to press and hold the LEARN
button on the remote for one to three seconds.
Three tic-tac sounds will be heard from the fan,
indicating that the learning process is finished for
Fan 1.

4. Turn off the power, and disconnect Fan 1 from
the circuit. While the power is off, connect Fan 2
to the circuit.

5.  Re-energise the circuit, and repeat the LEARN
process for Fan 2 with its individual remote.

6.  Follow this process for all remaining fans.

Scenario 3: Pair multiple fans to a single remote:

1. Ensure all required fans are wired to the circuit,
then turn the power on.

2. Use a ball point pen to press and hold the
LEARN button on the remote for one to three
seconds. The light on the remote will flash three
times and three tic-tac sounds will be heard from
each fan, indicating that the learning process is
finished.

NOTE: As all fans were powered on and were
accepting the LEARN process within the 30 seconds,
all will now be connected to the single remote.

Scenario 4: Pair multiple remotes to a single fan.

NOTE: One fan can pair up with a maximum of three
remotes, each of which need to be paired within the 30
second period. Only the last three paired remotes can
control the receiver.

1. Restore power to the fan and use a ball point
pen to press and hold the LEARN button on the
remote for one to three seconds. Three tic-tac
sounds will be heard from the fan, indicating that
the learning process is finished.

2. Before the 30 second period is up, follow the
LEARN process for the remaining remotes.

NOTE: Press the LEARN button for more than five
seconds within the 30 second period to eliminate all
learning codes of the fan except the existing one.

NOTE: Once the LEARN process has been
completed, you do not need to repeat the learning
process again if replacing batteries.

NOTE: If the pairing process is not complete within 30
second, you will need to turn off the power and begin
again.

3. Using the Remote Control
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Warranty and Contact Information

Warranty information (Australia)

We warrant this product for 3 years—visit
https://www.schneider-electric.com.au/en/about
us/legal/terms-and-conditions.jsp for details.

Our goods also come with guarantees that cannot be excluded
under the Australian Consumer Law. You are entitled to a
replacement or refund for a major failure and compensation for
any other reasonably foreseeable loss or damage. You are also
entitled to have the goods repaired or replaced if the goods fail
to be of acceptable quality and the failure does not amount to a
major failure.

Schneider Electric (Australia) Pty Ltd

33 Port Wakefield Road, Gepps Cross SA 5094
Customer Care: 13 73 28

Email: customercare.au@schneider-electric.com
www.schneider-electric.com.au

Schneider Electric reserves the right to change specifications,
modify designs and discontinue items without incurring
obligation and whilst every effort is made to ensure that
descriptions, specifications and other information in this
catalogue are correct, no warranty is given in respect thereof
and the company shall not be liable for any error therein.

© Schneider Electric 2019

This material is copyright under Australian, New Zealand and
international laws. Except as permitted under the relevant law,
no part of this work may be reproduced by any process without
prior written permission of and acknowledgement to Schneider
Electric.

MFR7928601 Rev.01
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