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Technical Information: Specification:
Control Voltage: 24v Description:
Logic Input: 4 Family: Altistart 48
Analog Input: 1 PTC probe Product Line: Soft Starters
Analog Output: 1 Application: Constant & Variable Torque
Logic/Relay Output: 3 Output Ampere Rating: 480A
Communication: Modbus Max. HP Rating 208V: 150
Weight [Ib]/[kg]: 113.3/51.4 Max. HP Rating 230V: (1)
UL File No.: E184727 Max. kW Rating 400V: 250
CSA File: 164581 Max. HP Rating 460V: 350
Other: IEC/EN 60947-4-2, EMC classes A & B, CE,DNV,C-Tick,GOST, CCC,NOM,SERPRO AND TCF |Max. HP Rating 575V: 400
Enclosure Rating: IPOO
Frame Size: E




