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Technical Information: Specification:

Mounting: Any slot except 0 Description:
Isolation Between Channels: 750 VDC Selection: M340 PAC
Isolation Between Channels and Bus: 1400 VDC Conf.Coating - 25C to 70C op.temp.: Yes
UL & CSA: Yes Input Voltage Range:
CE: Yes Input Current:
RoOHS: Yes Output Voltage Range: 10V
Class 1 Div 2 CSA: Yes Output Current: 210 20 mA, 4 to 20 mA
GOST/BV/GL/RMRS/ABS: Yes Connection Type: BMXFTB2000/BMXFTB2010/BMXFTB2020/BMXFTW301/BMXFTW501/BMXFT\
Weight [kg]: 0.175 Number of Inputs:

Number of Outputs:

(V1001

4




