Ref. Certif. No.

HU-002958

IEC SYSTEM FOR MUTUAL RECOGNITION OF TEST CERTIFICATES FOR ELECTRICAL EQUIPMENT
(IECEE) CB SCHEME

CB TEST CERTIFICATE

Product Miniature circuit-breaker

Name and address of the applicant Schneider Electric Industries SAS
31 Rue Pierre Mendes France,
38050, GRENOBLE cedex 09, France

Name and address of the manufacturer Schneider Electric Industries SAS
31 Rue Pierre Mendes France,
38050, GRENOBLE cedex 09, France

Name and address of the factory See on page 2

Nnta: IAW/han mnara than nna fartan:s nlasca rannrt nn nana 92

Ratings and principal characteristics Ie = 0,5A / 1A / 1,6A / 2A / 3A / 4A / 6A / 10A / 13A
/ 16A / 20A / 25A / 32A / 40A / 50A / 63A;

Ui = 500V DC;

(see further ratings on page 2)

Trademark / Brand (if any) Schneider Electric

Customer’s Testing Facility (CTF) Stage used

Model / Type Ref. iC60a, 1C60N, iC60H, iCe6O0L

Additional information (if necessary may also be
reported on page 2)

A sample of the product was tested and found IEC 60947-2:2016 + AMD1:2019
to be in conformity with

As shown in the Test Report Ref. No. which forms part 28253465 001
of this Certificate

This CB Test Certificate is issued by the National Certification Body

TUV Rheinland InterCert Kft., Division MEEI

A TUVR heinland ® H-1132 Budapest, Vaci Ut 48/A-B

www.tuv.com

J Wl

Date: 2020-07-24 Signature: Ferencne Schmidt
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Ref. Certif. No.

HU-002958

Factories:

1) MERLIN GERIN ALES
1 rue Maurice Ravel
30319 Ales, FRANCE

SCHNEIDER ELECTRIC BULGARIA EOOD

Plovdiv Plant
4202 Radinivo , BULGARIA

SCHNEIDER ELECTRIC INDIA Pvt. Ltd.

Plot No-172,
Poonamallee ByPass Road, Poonamallee,
Chennai — 600056, INDIA

Model variants and ratings :

Type

iC60a

iC60N

iC60H

iC60L

Number of pole

1P, 2P, 3P,
4P

1P, 1P+N, 2P, 3P, 4P

1P, 1P+N, 2P, 3P, 4P

1P, 2P, 3P,
4P

Curve

C

B,C,.D

B,C,.D

B,C.K,Z

Rating

0.5 to 63A

0.5 to 63A

0.5 to 63A

0.5 to 63A

Ue(VDC)

Breaking DC

performance

12 to 60V (1P)

15

15

20

25

<= 72V (1P)

10

10

15

20

<=125V (2P)

10

10

15

20

<= 180V (3P)

10

10

15

20

<=250V (4P)

10

10

15

20

les

100%cu

100%cu

100%cu

100%cu

Additional information (if necessary)

A TUVRheinland”

Date: 2020-07-24

Signature:

2/2

TUV Rheinland InterCert Kft., Division MEEI
H-1132 Budapest, Vaci ut 48/A-B
www.tuv.com

J WAL

Ferencne Schmidt
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