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Column for XUSL4M  Light Curtains (Original instruction sheet)

2

1

Column installation and adjustment

XUSZFB1

A

A = 4,5 Nm / 39.83 lb-in.

XUSZFB2

- Provided with single or double
plates XUSZFB1 or XUSZFB2

- The columns must be mounted
on XUSZFB1 or XUSZFB2 floor
mounting bases
(to be ordered separately)

Top plate with spirit level

3 Base plate

Column

2

1

3

2

3

A

http://qr.tesensors.com/XU0006

Flash the Qr-code to 
access the complete 
User Manual and this 
Instruction Sheet in 
different languages.
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Column Assembly and Light curtain mounting in the column

D

D = 0,8 Nm / 7.08 lb-in.

Top plate (with spirit level) fixing

B = 5 Nm / 44.25 lb-in.

Base plate fixing

C = 3,5 Nm / 31 lb-in.

Provided with the column (XUZSM)

1

2

3

B

C
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Distance between the first beam and the floor (H) (According to ISO 13855)

mm
in.

XUSZFB2 XUSZFB1

A

37 1.
4655 2.
17

A

Dimensions

Arms mounting on the column

mm 
in.

Ref.
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XUSZSM2B XUSZSM3B XUSZSM4B XUSZSM136 XUSZSM166

A 1000
39.37

1330
52.36

1200
47.24

1670
65.75

1970
77.56

XUSZFB1 /
XUSZFB2

202
7.95

22
4

8.
82

H

H

Ref.

< 400
< 15.7

< 300
< 11.8

< 300
< 11.8

< 300
< 11.8

< 300
< 11.8

XUSZSM2B XUSZSM3B XUSZSM4B XUSZSM136 XUSZSM166

C = 2,2 Nm / 
       19.5 lb.in.

1 2
3

4
5

or

or

or

or

or
H

For use with
Safety Light 
Curtains

2 beams 3 beams 4 beams Protected height up 
to Hp= 1360 mm / 

53.5 in.
(for R= 30 mm or 
40 mm models)

Protected height up 
to Hp= 1660 mm / 

65.4 in.
(for R= 30 mm or 
40 mm models)

(*) For the lowest beam, 400 mm can only be used when 
the risk assessment allows it.

(*)
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B1

B3 B2

C

CC

Transmitter and receiver alignment

L1

L2

L1 = L2

C (x 3)C (x 3)

B1 / B2 / B3

Cable routing

T R

T R

T R

C
B(1...3)

PHA67078_00 4/4

T R


