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Technical Information: Specification:
UL File: E78403 CCN NKCR Descrition:
CSA File: LR24590 Class 3211-03 Amper% Raﬁng: 3A
CE Marked: =~ Yes Contact Configuration: 1 NO - 1 NC
ROHS compliant: Yes Contact Type: Power Reed (Not Fingersafe)

NEMA / IP Rating: n/a
Max. Voltage Rating: 240VAC/115VDC

Terminal Type:

Screw Clamp




