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Inductive proximity sensors
XS range, general purpose
Basic, cylindrical, metal, flush and non flush mountable
Three-wire DC, solid-state output

References (continued)

XS118BLppLp XS118BLppM12

XS218BLppLp XS218BLppM12

XS130BLppLp XS130BLppM12

XS230BLppLp XS230BLppM12

References (continued) 
Sensing
distance (Sn)

Function Output Connection Reference Masse

mm kg
Ø 18, threaded M18 x 1
Three-wire c 12-24 V, flush mountable

5 NO PNP Pre-cabled (L = 2 m) XS118BLPAL2 0.105

Pre-cabled (L = 5 m) XS118BLPAL5 0.175

M12 connector XS118BLPAM12 0.035

NPN Pre-cabled (L = 2 m) XS118BLNAL2 0.105

Pre-cabled (L = 5 m) XS118BLNAL5 0.175

M12 connector XS118BLNAM12 0.035

NC PNP Pre-cabled (L = 2 m) XS118BLPBL2 0.105

M12 connector XS118BLPBM12 0.035

Three-wire c 12-24 V, non flush mountable
8 NO PNP Pre-cabled (L = 2 m) XS218BLPAL2 0.105

Pre-cabled (L = 5 m) XS218BLPAL5 0.175

M12 connector XS218BLPAM12 0.035

NPN Pre-cabled (L = 2 m) XS218BLNAL2 0.105

Pre-cabled (L = 5 m) XS218BLNAL5 0.175

Pre-cabled (L = 7 m) XS218BLNAL7 0.220

M12 connector XS218BLNAM12 0.035

NC PNP Pre-cabled (L = 2 m) XS218BLPBL2 0.105

NPN Pre-cabled (L = 2 m) XS218BLNBL2 0.105

Ø 30, threaded M30 x 1.5
Three-wire c 12-24 V, flush mountable

10 NO PNP Pre-cabled (L = 2 m) XS130BLPAL2 0.165

M12 connector XS130BLPAM12 0.075

NPN Pre-cabled (L = 2 m) XS130BLNAL2 0.165

Pre-cabled (L = 3 m) XS130BLNAL3 0.190

M12 connector XS130BLNAM12 0.075

NC PNP Pre-cabled (L = 2 m) XS130BLPBL2 0.165

M12 connector XS130BLPBM12 0.075

Three-wire c 12-24 V, non flush mountable
15 NO PNP Pre-cabled (L = 2 m) XS230BLPAL2 0.155

Pre-cabled (L = 5 m) XS230BLPAL5 0.225

M12 connector XS230BLPAM12 0.085

NPN Pre-cabled (L = 2 m) XS230BLNAL2 0.155

Pre-cabled (L = 7 m) XS230BLNAL7 0.225

M12 connector XS230BLNAM12 0.085

NC PNP Pre-cabled (L = 2 m) XS230BLPBL2 0.155
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Inductive proximity sensors
XS range, general purpose
Basic, cylindrical, metal, flush and non flush mountable
Three-wire DC, solid-state output 
Accessories

References

XSZB1pp

XZCPV1141Lp

Fixing accessories (1)

Description For use with sensors Reference Weight 
kg

Fixing clamps Ø 8 XSZB108 0.006

Ø 12 XSZB112 0.006

Ø 18 XSZB118 0.010

Ø 30 XSZB130 0.020

Cabling accessories (2)

Description Length of cable Reference Weight 
kg

Pre-wired, straight, 
female connectors  
M12 connectors, 4 pins
PVC cable

5 XZCPV1141L5 0.210

10 XZCPV1141L10 0.390

Pre-wired, straight, 
female connectors
M8 connectors, 3 pins
PVC cable

5 XZCPV0566L5 0.210

10 XZCPV0566L10 0.390

(1) See dimensions on page  7.
(2) For other connection accessories, visit our website: www.tesensors.com

http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_515_L3&conf=sensors&ctg=&el_typ=product&prd_id=XSZB108
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_515_L3&conf=sensors&ctg=&el_typ=product&prd_id=XSZB112
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_515_L3&conf=sensors&ctg=&el_typ=product&prd_id=XSZB118
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_515_L3&conf=sensors&ctg=&el_typ=product&prd_id=XSZB130
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_524_L3&conf=sensors&ctg=&el_typ=product&prd_id=XZCPV1141L5
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_524_L3&conf=sensors&ctg=&el_typ=product&prd_id=XZCPV1141L10
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_524_L3&conf=sensors&ctg=&el_typ=product&prd_id=XZCPV0566L5
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_524_L3&conf=sensors&ctg=&el_typ=product&prd_id=XZCPV0566L10
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Characteristics
Sensor type XS1ppBLPpLp

XS1ppBLNpLp
XS1ppBLPpMp
XS1ppBLNpMp

XS2ppBLPpL
XS2ppBLNpL

XS2ppBLPpMp
XS2ppBLNpMp

Product certifications UL, CSA, e
Connection Pre-cabled Length 2, 3 or 5 m, 

depending on model
– Length 2, 5 or 7 m, 

depending on model
–

Connector – M8 on Ø 8
M12 on Ø 8, Ø 12, 
Ø 18 and Ø 30

– M8 on Ø 8
M12 on Ø 8, Ø 12, 
Ø 18 and Ø 30

Operating zone (1) Ø 8 mm 0…1.2 0…2
Ø 12 mm 0…1.6 0…3.2
Ø 18 mm 0…4 0…6.4
Ø 30 mm 0…8 0…12

Differential travel % 1...15 of effective sensing distance (Sr)
Degree of protection Conforming to 

IEC 60529
IP 65 and IP 67

Storage temperature °C - 40…+ 85
Operating temperature °C - 25…+ 70
Materials Case Nickel plated brass

Cable PVC  
3 x 0.14 mm2  
except Ø 8:  
3 x 0.11 mm2

– PVC  
3 x 0.14 mm2  
except Ø 8:  
3 x 0.11 mm2

–

Vibration resistance Conforming to 
IEC 60068-2-6

25 gn, amplitude ± 2 mm (f = 10 to 55 Hz)

Shock resistance Conforming to 
IEC 60068-2-27

50 gn, duration 11 ms

Output state indication Yellow LED, on rear Yellow LED: 
2 viewing ports  
at 180°

Yellow LED, on rear Yellow LED: 
2 viewing ports  
at 180°

Rated supply voltage V c 12…24 with protection against reverse polarity
Voltage limits (including ripple) V c 10…36
Switching capacity mA y 200 with overload and short-circuit protection
Voltage drop, closed state V y 2
Current consumption, no-load mA y 10
Residual current, open state mA –
Maximum switching frequency Ø 8 Hz 2500 2500

Ø 12 Hz 2500 1200
Ø 18 Hz 1200 500 
Ø 30 Hz 500 300

Delays First-up ms y 15 y 15
Response Ø 8 ms y 0.3 y 0.3

Ø 12 ms y 0.1 y 0.1
Ø 18 ms y 0.1 y 0.1
Ø 30 ms y 0.1 y 0.2

Recovery Ø 8 ms y 0.3 y 0.3
Ø 12 ms y 0.15 y 0.4
Ø 18 ms y 0.3 y 1
Ø 30 ms y 1 y 1.4

Wiring schemes
Connector Pre-cabled PNP NPN

M8 M12 BU: Blue 
BN: Brown 
BK: Black

–

BN/1

BU/3

+
PNP BK/4 (NO)

BK/2 (NC)

BN/1

BU/3

+

–

BK/4 (NO)
BK/2 (NC)

NPN

1 3
4

1 2

4 3

For M8 connectors, NO and NC outputs on terminal 4
(1) Detection curves, see page  13.

Inductive proximity sensors
XS range, general purpose
Basic, cylindrical, metal, flush and non flush mountable
Three-wire DC, solid-state output

Characteristics,  
schemes
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Inductive proximity sensors
XS range, general purpose
Basic, cylindrical, metal, flush and non flush mountable
Three-wire DC, solid-state output

Setting-up
Minimum mounting distances (mm)

e

Sensors Side by side Face to face Facing a metal object Mounted in a metal support
Ø 8 flush 
mountable

XS108BL e u 3 e u 18 e u 4,5 d u 8      h u 0

Ø 8 non flush 
mountable

XS208BL e u 10 e u 30 e u 7,5 d u 24    h u 5

Ø 12 flush 
mountable  

XS112BL e u 4 e u 24 e u 6 d u 12    h u 0

Ø 12 non flush 
mountable 

XS212BL e u 16 e u 48 e u 12 d u 36    h u 8

Ø 18 flush 
mountable

XS118BL e u 10 e u 60 e u 15 d u 18    h u 0

Ø 18 non flush 
mountable 

XS218BL e u 16 e u 96 e u 24 d u 54    h u 16

Ø 30 flush 
mountable 

XS130BL e u 20 e u 120 e u 30 d u 30    h u 0

Ø 30 non flush 
mountable 

XS230BL e u 60 e u 180 e u 45 d u 90    h u 30

Dimensions
Flush mountable in metal

Sensors Pre-cabled  
(mm)

M8 connector  
(mm)

M12 connector  
(mm)

a b a b a b

c

a
b

Ø 8 XS108BL 42 33 50 34 61 40

Ø 12 XS112BL 44 31 – – 55 34

Ø 18 XS118BL 53 41 – – 64 43

Ø 30 XS130BL 57 44 – – 68 47

Non flush mountable in metal
Sensors Pre-cabled  

(mm)
M8 connector  
(mm)

M12 connector  
(mm)

a b c a b c a b c
Ø 8 XS208BL 44 31 4 50 31 4 61 36 4

Ø 12 XS212BL 44 26 5 – – – 55 29 5

Ø 18 XS218BL 53 33 8 – – – 64 35 8

Ø 30 XS230BL 57 32 13 – – – 68 34 13

Setting-up, 
dimensions

h

d

ee
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Detection curves
Ø 8 sensors
Flush mountable in metal Non flush mountable in metal

Sensing distance (mm)

-6 -2 0 1 6

2

 mmmm -4 -3 -1 2 3 4

1

0,5

Sensing distance (mm)

-6 -2 0 1 6 mmmm -4 -3 -1 2 3 4

1

0,5

2

Standard steel target (mm): 8 x 8 x 1 Standard steel target (mm): 8 x 8 x 1
Operating zone (mm): 0…1.2 Operating zone (mm): 0…2
Ø 12 sensors
Flush mountable in metal Non flush mountable in metal

Sensing distance (mm)

-6 -2 0 1 6

2

 mmmm -4 -3 -1 2 3 4

1

0,5

Sensing distance (mm)

-6 -2 0 1 6 mmmm -4 -3 -1 2 3 4

0,5

1

2

4

Standard steel target (mm): 12 x 12 x 1 Standard steel target (mm): 12 x 12 x 1
Operating zone (mm): 0…1.6 Operating zone (mm): 0…3.2
Ø 18 sensors
Flush mountable in metal Non flush mountable in metal

Sensing distance (mm)

-15 -5 0 2,5 15 mmmm -10 -7,5 -2,5 5 7,5 10

8

5

2,5

10

15

Sensing distance (mm)

 -15 -5 0 2,5 15 mmmm -10 -7,5 -2,5 5 7,5 10

8

2,5

15

10

5

Standard steel target (mm): 18 x 18 x 1 Standard steel target (mm): 24 x 24 x 1
Operating zone (mm): 0…4 Operating zone (mm): 0…6.4
Ø 30 sensors
Flush mountable in metal Non flush mountable in metal

Sensing distance (mm)

-15 -5 0 2,5 15 mmmm -10 -7,5 -2,5 5 7,5 10

8

5

2,5

10

15
Sensing distance (mm)

 -15 -5 0 2,5 15 mmmm -10 -7,5 -2,5 5 7,5 10

8

2,5

15

10

5

Standard steel target (mm): 30 x 30 x 1 Standard steel target (mm): 45 x 45 x 1
Operating zone (mm): 0…8 Operating zone (mm): 0…12

Inductive proximity sensors
XS range, general purpose
Basic, cylindrical, metal, flush and non flush mountable
Three-wire DC, solid-state output

Curves

  pick-up points
 drop-out points (object approaching from the side)
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Index Product reference index

X
XS108BHNAL2 5
XS108BHNAM8 5
XS108BHPAL2 5
XS108BHPAM8 5
XS108BHPAM12 5
XS108BHPBL2 5
XS108BHPBM8 5
XS108BHPBM12 5
XS108BLNAL2 8
XS108BLNAM12 8
XS108BLPAL2 8
XS108BLPAL5 8
XS108BLPAM8 8
XS108BLPAM12 8
XS112BHNAL2 5
XS112BHNAM12 5
XS112BHNBL2 5
XS112BHNBM12 5
XS112BHPAL2 5
XS112BHPAL5 5
XS112BHPAM12 5
XS112BHPBL2 5
XS112BHPBM12 5
XS112BLNAL2 8
XS112BLNAM12 8
XS112BLPAL2 8
XS112BLPAL3 8
XS112BLPAL5 8
XS112BLPAM12 8
XS112BLPBL2 8
XS112BLPBM12 8
XS118BHNAL2 5
XS118BHNAL5 5
XS118BHNAM12 5
XS118BHNBL2 5
XS118BHNBM12 5
XS118BHPAL2 5
XS118BHPAL5 5
XS118BHPAM12 5
XS118BHPBL2 5
XS118BHPBM12 5
XS118BLNAL2 9
XS118BLNAL5 9
XS118BLNAM12 9
XS118BLPAL2 9
XS118BLPAL5 9
XS118BLPAM12 9
XS118BLPBL2 9
XS118BLPBM12 9
XS130BHNAL2 5
XS130BHNAM12 5
XS130BHNBL2 5
XS130BHNBM12 5
XS130BHPAL2 5
XS130BHPAL5 5
XS130BHPAM12 5
XS130BHPBL2 5
XS130BHPBM12 5
XS130BLNAL2 9
XS130BLNAL3 9
XS130BLNAM12 9
XS130BLPAL2 9
XS130BLPAM12 9

XS130BLPBL2 9
XS130BLPBM12 9
XS208BLNAL2 8
XS208BLPAL2 8
XS208BLPAL5 8
XS208BLPAM8 8
XS208BLPAM12 8
XS212BLNAL2 8
XS212BLNAL7 8
XS212BLNAM12 8
XS212BLNBL2 8
XS212BLPAL2 8
XS212BLPAL5 8
XS212BLPAM12 8
XS212BLPBL2 8
XS212BLPBL5 8
XS218BLNAL2 9
XS218BLNAL5 9
XS218BLNAL7 9
XS218BLNAM12 9
XS218BLNBL2 9
XS218BLPAL2 9
XS218BLPAL5 9
XS218BLPAM12 9
XS218BLPBL2 9
XS230BLNAL2 9
XS230BLNAL7 9
XS230BLNAM12 9
XS230BLPAL2 9
XS230BLPAL5 9
XS230BLPAM12 9
XS230BLPBL2 9
XSZB108 5 

10
XSZB112 5 

10
XSZB118 5 

10
XSZB130 5 

10
XZCPV0566L5 5 

10
XZCPV0566L10 5 

10
XZCPV1141L5 5 

10
XZCPV1141L10 5 
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http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS108BHNAL2
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS108BHNAM8
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS108BHPAL2
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS108BHPAM8
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS108BHPAM12
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS108BHPBL2
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS108BHPBM8
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS108BHPBM12
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_515_L3&conf=sensors&ctg=&el_typ=product&prd_id=XS108BLNAL2
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_515_L3&conf=sensors&ctg=&el_typ=product&prd_id=XS108BLNAM12
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_515_L3&conf=sensors&ctg=&el_typ=product&prd_id=XS108BLPAL2
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_515_L3&conf=sensors&ctg=&el_typ=product&prd_id=XS108BLPAL5
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_515_L3&conf=sensors&ctg=&el_typ=product&prd_id=XS108BLPAM8
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_515_L3&conf=sensors&ctg=&el_typ=product&prd_id=XS108BLPAM12
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS112BHNAL2
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS112BHNAM12
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS112BHNBL2
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS112BHNBM12
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS112BHPAL2
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS112BHPAL5
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS112BHPAM12
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS112BHPBL2
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS112BHPBM12
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_515_L3&conf=sensors&ctg=&el_typ=product&prd_id=XS112BLNAL2
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_515_L3&conf=sensors&ctg=&el_typ=product&prd_id=XS112BLNAM12
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_515_L3&conf=sensors&ctg=&el_typ=product&prd_id=XS112BLPAL2
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_515_L3&conf=sensors&ctg=&el_typ=product&prd_id=XS112BLPAL3
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_515_L3&conf=sensors&ctg=&el_typ=product&prd_id=XS112BLPAL5
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_515_L3&conf=sensors&ctg=&el_typ=product&prd_id=XS112BLPAM12
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_515_L3&conf=sensors&ctg=&el_typ=product&prd_id=XS112BLPBL2
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_515_L3&conf=sensors&ctg=&el_typ=product&prd_id=XS112BLPBM12
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS118BHNAL2
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS118BHNAL5
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS118BHNAM12
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS118BHNBL2
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS118BHNBM12
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS118BHPAL2
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS118BHPAL5
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS118BHPAM12
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS130BHPBL2
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS118BHPBM12
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_515_L3&conf=sensors&ctg=&el_typ=product&prd_id=XS118BLNAL2
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_515_L3&conf=sensors&ctg=&el_typ=product&prd_id=XS118BLNAL5
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_515_L3&conf=sensors&ctg=&el_typ=product&prd_id=XS118BLNAM12
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_515_L3&conf=sensors&ctg=&el_typ=product&prd_id=XS118BLPAL2
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_515_L3&conf=sensors&ctg=&el_typ=product&prd_id=XS118BLPAL5
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_515_L3&conf=sensors&ctg=&el_typ=product&prd_id=XS118BLPAM12
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_515_L3&conf=sensors&ctg=&el_typ=product&prd_id=XS118BLPBL2
http://www.ops-ecat.schneider-electric.com/ecatalogue/browse.do?cat_id=BU_AUT_515_L3&conf=sensors&ctg=&el_typ=product&prd_id=XS118BLPBM12
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS130BHNAL2
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS130BHNAM12
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS130BHNBL2
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS130BHNBM12
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS130BHPAL2
http://www.tesensors.com/global/en/product/inductive-capacitive/xs-xt-ref/?cat_id=BU_AUT_515_L3&conf=sensors&el_typ=product&prd_id=XS130BHPAL5
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The information provided in this documentation contains general descriptions and/or technical 
characteristics of the performance of the products contained herein. This documentation is not 
intended as a substitute for and is not to be used for determining suitability or reliability of these 
products for specific user applications. It is the duty of any such user or integrator to perform the 
appropriate and complete risk analysis, evaluation and testing of the products with respect to the 
relevant specific application or use thereof. Neither Schneider Electric nor any of its affiliates or 
subsidiaries shall be responsible or liable for misuse of the information contained herein.
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