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Technical information
Switches and push-buttons
Connection examples
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1-way switch Two 2-way switches Two 2-way switches + 1 intermediate switch
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2-pole switch Two 2-way switches + one double 2-way switch acting on two different loads 2-circuit switch
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Push-button 1-way switch  
with locator lamp

Two 2-way switches with locator lamps Push-button  
with locator lamp
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Technical information
Dimmers
Rotary electronic dimmer 
Installation
You must reduce the maximum allowed load due to the decreased heat dissipation when the 
device is not mounted into a single standard flushmounted mounting box.
Load  
reduction 
by

Mounted in cavity 
walls (1)

Several installed 
together in 
combination (1)

In 1-gang or 
2-gang surface-
mounted housing

In 3-gang 
surface-mounted 
housing

25 % ■ ■
30 % ■
50 % ■
(1)  If several factors apply, add the load reductions together.

Connections
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2-way switches – EPH64001xx - EPH65001xx 2-way switch – EPH66001xx

Substitution examples
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Technical information
Antenna outlets 

Type TV TV-R
Ending
1 dB

Intermediate
4 dB

Intermediate 
8 dB

Ending
1 dB

Intermediate  
4 dB

Intermediate  
8 dB

EPH32001xx
EPH32701xx

EPH32002xx EPH32003xx
EPH32703xx

EPH33001xx
EPH33007xx

EPH33002xx EPH33003xx

Loss dB 1 4 8 1 4 8
Operating  
Frequency

SAT MHz - - - - - -
TV/VHF 5-862 5-862 5-862 118-470 118-470 118-470
TV/UHF 5-862 5-862 5-862 470-830 470-830 470-830
R - - - 10-108 10-108 10-108

Pass through 
attenuation

SAT dB - - - - - -
TV/VHF 1 4 8 1.5 3.7 9.7
TV/UHF 1 4 8 2.8 4.6 9.8
R - - - 11.1 9.3 8.1

Outlet atenuation dB 1 4 8 0.5 0.5 0.5
DC Current - - - - - -
Outlets/line - - - 1 4 4

Type TV-SAT TV-R-SAT
Ending  
1 db

Intermediate  
4 dB

Intermediate  
8 dB

Individual  
1 dB

Ending
1 db

Intermediate  
4 dB

Intermediate  
8 dB

EPH34001xx
EPH34701xx

EPH34002xx EPH34003xx
EPH34703xx

EPH34004xx EPH35001xx EPH35002xx EPH35003xx

Loss dB 1 4 8 1 1 4 8
Operating  
Frequency

SAT MHz 950-2400 950-2400 950-2400 950-2400 950-2400 950-2400 950-2400
TV/VHF 118-470 118-470 118-470 118-470 118-470 118-470 118-470
TV/UHF 470-830 470-830 470-830 470-830 470-830 470-830 470-830
R - - - - 10-108 10-108 10-108

Pass through 
attenuation

SAT dB 13 12.1 10.3 13 4.1 4.2 4.3
TV/VHF 2.2 4.5 10.8 2.2 1.5 4.9 11.1
TV/UHF 1 4.8 12.3 1 2.7 5.1 11.6
R - - - - 14.8 16.8 15.2

Outlet atenuation dB - 0.5 0.5 - - 0.5 0.5
DC Current in SAT outlet in SAT outlet in SAT outlet in SAT outlet in SAT outlet in SAT outlet in SAT outlet
Outlets/line 1 4 4 1 1 4 4

Type TV-SAT-SAT SAT
Ending  
1 dB

Ending
1 db

Intermediate  
4 dB

 EPH36001xx
EPH36701xx

EPH37001xx
EPH37701xx

EPH37002xx

Loss dB 1 1 4
Operating  
Frequency

SAT MHz 950-2400 950-2400 950-2400
TV/VHF 118-470 118-470 118-470
TV/UHF 470-830 470-830 470-830
R - 10-108 10-108

Pass through 
attenuation

SAT dB 13 4.1 4.2
TV/VHF 2.2 1.5 4.9
TV/UHF 1 2.7 5.1
R - 14.8 16.8

Outlet atenuation dB - - 0.5
DC Current in SAT outlet in SAT outlet in SAT outlet
Outlets/line 1 1 4

Only one of the outlets in "Ending TV / R outlet" can also be used as individual one.
Only the cable connected outlet in "Individual TV / SAT outlet" can be used as ending one in linear installation.
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Technical information
Antenna outlets 
TV/R applications

TV R TV R TV R TV R

Ending outlet 1 dB 

Antenna TV/R

Signal splitter

Antenna TV/R

Ending outlets 1 dB 

Linear installation inserts intermediate 4 dB, 8 dB and end of line 1 dB  
(always in the end)

TV R

TV R TV R TV R

TV R TV R TV R TV R

TV R TV R TV R TV R TV R

TV R

Antenna 
amplifier Intermediate 

4 dB
Intermediate 
8 dB

Ending 
outlet 1 dB

Antenna 
amplifier Intermediate 

4 dB
Intermediate 
8 dB

Ending 
outlet 1 dB

Antenna 
amplifier Intermediate 

4 dB
Intermediate 
8 dB

Ending 
outlet 1 dB

Intermediate 
4 dB

Ending 
outlet 1 dB

Intermediate 
4 dB

Intermediate 
8 dB

Intermediate 
4 dB
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Technical information
Surface-mounted boxes
1 gang mounting
(EPH61001xx)

Multi-gang mounting
(EPH61001xx + EPH61002xx)

Mounting with TV/R, TV/SAT, TV/R/SAT outlets
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Technical information
Dimensions

83 mm

83 mm

A
B

A: Embedding depth
B: Depth

Ref. A  
(mm)

B  
(mm)

EPH01001xx 28 43
EPH01002xx 28 43
EPH01003xx 28 43
EPH02001xx 28 43
EPH02003xx 28 43
EPH03001xx 28 43
EPH03003xx 28 43
EPH04001xx 28 43
EPH04003xx 28 43
EPH04004xx 28 43
EPH05001xx 28 43
EPH05003xx 28 43
EPH06001xx 28 43
EPH06003xx 28 43
EPH07001xx 28 43
EPH08001xx 28 43
EPH08003xx 28 43
EPH09001xx 28 43
EPH11001xx 28 43
EPH11003xx 28 43

Ref. A  
(mm)

B  
(mm)

EPH13001xx 28 43
EPH13003xx 28 43
EPH13005xx 28 43
EPH14001xx 28 43
EPH14003xx 28 43
EPH14303xx 28 43
EPH15001xx 28 43
EPH15003xx 28 43
EPH16001xx 28 43
EPH16003xx 28 43
EPH17001xx 28 43
EPH17003xx 28 43
EPH18001xx 28 43
EPH19003xx 28 43
EPH28001xx 32 42
EPH28002xx 32 42
EPH28003xx 32 48
EPH28004xx 32 42
EPH29001xx 32 42
EPH29002xx 32 42

Ref. A  
(mm)

B  
(mm)

EPH29005xx 32 42
EPH30001xx 32 42
EPH31001xx 32 47
EPH31003xx 32 42
EPH32001xx 28 38
EPH32002xx 28 38
EPH32003xx 28 38
EPH33001xx 28 38
EPH33002xx 28 38
EPH33003xx 28 38
EPH34001xx 29 42
EPH34002xx 29 42
EPH34003xx 29 42
EPH34004xx 29 42
EPH35001xx 29 42
EPH35002xx 29 42
EPH35003xx 29 42
EPH36001xx 29 42
EPH37001xx 29 42
EPH37002xx 29 42

Ref. A  
(mm)

B  
(mm)

EPH41001xx 29 38
EPH42001xx 29 38
EPH43001xx 27 36
EPH44001xx 27 36
EPH47001xx 27 36
EPH48001xx 27 36
EPH49001xx 27 36
EPH50001xx 39 48
EPH56001xx 26 35
EPH57001xx 26 43
EPH62001xx 29 52
EPH63001xx 29 52
EPH64001xx 29 49
EPH65001xx 29 49
EPH66001xx 29 49
EPH97001xx 23 46
EPH97002xx 23 46
EPH98001xx 23 46
EPH98002xx 23 46
EPH99001xx 23 46

BA

C

D

E

F

A

A 

C

B

AA

A

A

A

A

A

A

C

C

B

A A

B

Horizontal and vertical frames (mm)
1 gang 2 gang 3 gang 4 gang 5 gang 6 gang
A B C D E F 
83 154 225 296 367 439

Surface-mounted boxes (mm)
1 gang Extension
A B A B C 
82 40 82 40 78


