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Electric phonexisr7aazsiza
Email: CCC@us.schneider-electric.com
Technical Information: Specification:
UL Listed: Yes Description: 22mm 3 Pos Key Selector
ggglf;:)proval' 5;?4353 CCN NKCR Operator Type: Non-llluminated
! : Operator Action: sp ret both to C
CSA File: LR44087 Class 3211 03 Button Type: o
CE: Yes Bezel Type: Plastic
ROHS: . Yes Color: Black
Bezel Material: Black Nylon Head Type: Round
NEMA / IP Rating: NEMA 1/2/3/4/4X/13; IP66 '
Key Number: Ronis 455
Key Removal: center
Max. # of Contact Blocks: 6
Button Marking: none




